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Butterfly Valve with Grooved types

• Disc electroless nickel coated ductile iron
• Bubble tight shut-off
• Resilient seat
• Valve face-to-face dimensions comply with 
AWWA (c606) & MSS-SP-67
• Completely assembled and tested, ready for 
installation
• VIC-300 Masterseal is manufactured by the 
Victaulic Company.

Type overview

Type DN
F650VIC 50

Technical data

Functional data Valve size [mm] 2" [50]
Fluid chilled or hot water, up to 60% glycol
Fluid Temp Range (water) -30...120°C [-22...250°F]
Body Pressure Rating ANSI Class Grooved AWWA, 300 psi
Flow characteristic modified equal percentage
Leakage rate 0%
Pipe connection Grooved

ANSI/AWWA (c606)
Servicing maintenance-free
Flow Pattern 2-way
Controllable flow range 90° rotation
Cv 115 
Maximum Velocity 20 FPS

Materials Valve body Ductile cast iron ASTM A536
Body finish black alkyd enamel
Stem 416 stainless steel
Stem seal fiberglass with TFE lining
Seat EPDM
Disc electroless nickel coated ductile iron

Suitable actuators Non Fail-Safe AMB(X)
GRB(X)

Spring AF
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Product features

Flow/Mounting details

Dimensions

Type DN Weight
F650VIC 50 5.3 lb [2.4 kg]

AF

A B C D E F
10.7" [273] 3.2" [82] 12.3" [312] 9.8" [248] 1.7" [44] 1.7" [44]
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AM

A B C D E F
9.8" [249] 3.2" [82] 12.3" [312] 9.8" [248] 1.7" [44] 1.7" [44]

GR N4

A B C D E F
14.1" [358] 3.2" [82] 9.5" [241] 11.5" [292] 1.6" [40] 1.6" [40]

Dimensions
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